
LumaLink
CABLE P/N LENGTH L (ft) LumaLink

CABLE P/N LENGTH L (ft)

1062837301 5.0  +0.67/-0 1062837343 205.0  +4.1/-0
1062837302 8.0  +0.67/-0 1062837344 210.0  +4.2/-0
1062837303 10.0  +0.67/-0 1062837345 215.0  +4.3/-0
1062837305 15.0  +0.67/-0 1062837346 220.0  +4.4/-0
1062837306 20.0  +0.67/-0 1062837347 225.0  +4.5/-0
1062837307 25.0  +0.67/-0 1062837348 230.0  +4.6/-0
1062837308 30.0  +1.0/-0 1062837349 235.0  +4.7/-0
1062837309 35.0  +1.0/-0 1062837350 240.0  +4.8/-0
1062837310 40.0  +1.0/-0 1062837351 245.0  +4.9/-0
1062837311 45.0  +1.0/-0 1062837352 250.0  +5.0/-0
1062837312 50.0  +1.0/-0 1062837353 255.0  +5.1/-0
1062837313 55.0  +1.0/-0 1062837354 260.0  +5.2/-0
1062837314 60.0  +1.0/-0 1062837355 265.0  +5.3/-0
1062837315 65.0  +1.3/-0 1062837356 270.0  +5.4/-0
1062837316 70.0  +1.4/-0 1062837357 275.0  +5.5/-0
1062837317 75.0  +1.5/-0 1062837358 280.0  +5.6/-0
1062837318 80.0  +1.6/-0 1062837359 285.0  +5.7/-0
1062837319 85.0  +1.7/-0 1062837360 290.0  +5.8/-0
1062837320 90.0  +1.8/-0 1062837361 295.0  +5.9/-0
1062837321 95.0  +1.9/-0 1062837362 300.0  +6.0/-0
1062837322 100.0  +2.0/-0 1062837363 305.0  +6.1/-0
1062837323 105.0  +2.1/-0 1062837364 310.0  +6.2/-0
1062837324 110.0  +2.2/-0 1062837365 315.0  +6.3/-0
1062837325 115.0  +2.3/-0 1062837366 320.0  +6.4/-0
1062837326 120.0  +2.4/-0 1062837367 325.0  +6.5/-0
1062837327 125.0  +2.5/-0
1062837328 130.0  +2.6/-0
1062837329 135.0  +2.7/-0
1062837330 140.0  +2.8/-0
1062837331 145.0  +2.9/-0
1062837332 150.0  +3.0/-0
1062837333 155.0  +3.1/-0
1062837334 160.0  +3.2/-0
1062837335 165.0  +3.3/-0
1062837336 170.0  +3.4/-0
1062837337 175.0  +3.5/-0
1062837338 180.0  +3.6/-0
1062837339 185.0  +3.7/-0
1062837340 190.0  +3.8/-0
1062837341 195.0  +3.9/-0
1062837342 200.0  +4.0/-0
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NOTES:

1. DIMENSIONS ARE IN in/[mm].

2. CONNECTOR ENDCAPS ARE NOT SHOWN
   BUT INLCUDED.

3. MAX. INSERTION LOSS PER CONNECTOR
   AT 850nm: 0.5dB. CABLE ATTENUATION
   3.0 dB/km MAX. IS NOT UNCLUDED.
   MAX. RETURN LOSS AT 850nm: -20dB.

4. OPERATING TEMPERATURE: 0° TO +60°C.

5. BOTH PRODUCT LABELS ARE PRINTED WITH
    MOLEX P/N AND SERIAL NUMBER.

6. PRELIMINARY RELEASE - PRODUCT HAS NOT
   BEEN FULLY QUALIFIED.
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