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WIRE RUN LIST
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NOTES:
1. TESTING SPEC.:
COND. RESISTANCE: 3Q MAX.
INSUL. RESISTANCE: 10MQ MIN.

10. | A/R | HEAT SHRINK TUBE,UL224,1Q,BLACK,ID=1.3,T=0.2(A5340000000SD)
9. 1 M12 CONN., X-CODE, MALE, 8P(A30140219001SD)
8. | A/R | HOOK-UP WIRE, UL1213 #24, WHITE, OD=0.98, PTFE (A10902921001SD)
7. | A/R | HOOK-UP WIRE, UL1213 #24, BLACK, OD=0.98, PTFE (A10902920001SD)
6. | A/R | HOOK-UP WIRE, UL1213 #24, GREEN, OD=0.98, PTFE (A10902916001SD)
5. | A/R | HOOK-UP WIRE, UL1213 #24, YELLOW, OD=0.98, PTFE (A10902917001SD)
4. | A/R | HOOK-UP WIRE, UL1213 #24, ORANGE, OD=0.98, PTFE (A10902918001SD)
3. | A/R | HOOK-UP WIRE, UL1213 #24, BROWN, OD=0.98, PTFE (A10902919001SD)
2. | A/R | HOOK-UP WIRE, UL1213 #24, GRAY, OD=0.98, PTFE (A10902913001SD)
1. | A/R | HOOK-UP WIRE, UL1213 #24, BLUE, OD=0.98, PTFE (A10902912001SD)
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