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Key Features 

 Easy installation with adhesive mount 
 
Single cable lead for easy installation 
 
Low profile 
 

  
 

 
 
 
 
  
 
 
 
 
 
 
          
 
 
              
 
 

 
 
 
 

 
 
 
 
 

 

 

Electrical Specifications LP925BSM3F 

Frequency Range, MHz 890-960 
Element Type Edge Slot Radiator 
Polarization Vertical 
Gain, dBi, min 3  
Azimuth Beamwidth Omni-Directional 
Elevation Beamwidth Cosine 
VSWR 2.0:1 
Impedance 50 Ω 
Power 125 W 
Cable Type/Length RG58, 3’ 
Connector SMA Male 
 

Mechanical Specifications LP925BSM3F 

Height  1.4” (max) 
Diameter 7.5” 
Mounting Hardware Adhesive Mount 
Temperature -40° to +180° F 
 

 
MADE IN THE USA 

1 YR WARRANTY 
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