
Product Configuration System
MHz Range Crystal Units

MA‐306

Crystal Package Type:

MA‐306: Miniature 4pin “J” 
lead SMD, 2.54mm Ht.

C‐

Load Capacitance
B:  16.0pF
C:  18.0pF
F:  Series
G:  20.0pF
K:  10.0pF
W:  12.0pF

NOTE: 

If you require a load capacitance other than the above listed, 
please contact your EEA representative for assistance.

Frequency Tolerance@25C 

Blank:  +/‐50ppm

Frequency Range

14.31818 & 17.7340 ~ 41.0000MHz 

M:  In MHz to 4 Decimal Places

25.0000M

Packaging

Tape and Reel Qty

Blank:  Bulk

3:  250pcs/reel

0: 1000pcs/reel

5: 3000pcs/reel

0

PURE SN

ROHS 

Blank = Not RoHs Compliant

PURE SN:


	Slide Number 1

