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RECOMMENDED PCB LAYOUT

NOTES:
  1. INSULATOR MATERIAL: NYLON 9T, UL 94V-0, COLOR: BLACK
  2. CONTACT MATERIAL: BRASS
  3. CONTACT PLATING: .000030" - .000050" NICKEL UNDERPLATED, GOLD FLASH OVERALL.                                    
  4. CURRENT RATING: 2 AMPS
  5. INSULATOR RESISTANCE: 5,000 MEGOHMS MIN.
  6. CONTACT RESISTANCE: 20 MILLIOHMS MAX.
  7. DIELECTRIC WITHSTANDING: 500V AC
  8. OPERATING TEMPERATURE: -40°C TO + 105°C
  9. PROCESSING TEMP.: 230°C MAX FOR 60 SECONDS
                                  ( 260°C MAX FOR 10 SECONDS )
 10. MATES WITH SFH21 & SFH213 IDC SOCKET SERIES
 11. MODIFICATION: WITH PICK & PLACE CAP IN TAPE & REEL  

03-25 POSITIONS

30-34 POSITIONS.006 [0.15]

REVISIONS

REV. ECO. NO DESCRIPTION DATE BY

A 2746 INITIAL RELEASE 03/13/2013 LH

B 2835
UPGRADE INSULATOR MATERIAL NYLON 9T(WAS NYLON 6T), UPDATE 
SMT TAIL COPLANAR TOLERANCE, AND ADD WARP TOLERANCE AND 

UPDATE NOTE 5(WAS INSULATOR RESISTANCE: 1000 MEGOHMS MIM.)
04/07/2014 LH
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NOTE:        
1. CUMULATIVE PITCH TOLERANCE FOR 10 SPROCKET HOLES IS 0.20mm.        
2. CARRIER CAMBER IS 1mm IN 100mm.        
3. A0 AND B0 MEASURED ON A PLANE 0.3mm ABOVE THE BOTTOM
    OF THE POCKET.        
4. K0 MEASURED FROM A PLANE ON THE INSIDE BOTTOM OF THE 
    POCKET TO THE TOP SURFACE OF THE CARRIER.        
5. PACKING CONFORMS EIA-481-2 STANDARDS.        
6. ONE 13" REEL= 8.0 METER (OVERALL LENGTH OF TAPE), 500 PIECES.     
    

FEEDING DIRECTION

FEEDING DIRECTION

POLARIZATION DIRECTION

TAPE TYPE 2: FOR POSITION NUMBERS 03 THRU 04(TAPE WIDTH < 32 mm)

TAPE TYPE 1: FOR POSITION NUMBERS 05 THRU 34(TAPE WIDTH ≥ 32 mm)

DIMENSION UNIT: mm

DIMENSION UNIT: mm
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