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 CAT.6 U/UTP 24AWG STRANDED COPPER PATH CORD

A11 1
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P2

1

L±T
Ø6.0±0.30mm

1

P1

8

CHART:

±100MM
±50MM
±30MM

±150MML>10M
5M<L<=10M
1M<L<=5M

L<=1M
LENGTH TOLERANCE

PACKING

P/N:  Q'TY:             PCS

     N.W:              KGS

       G.W:             KGS
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POLY-BAG

LABEL

ITEM QTY
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PART NAME DESCRIPTION
CABLE

CONNECTOR
BOOT

CAT.6 U/UTP 4x24AWG(7x0.20MM),BARE COPPER,OD:6.0MM,PVC/LSZH

P1&P2 RJ45 MODULAR PLUG,FU" GOLD PLATED
CLEAR

A/R
2
2

SECTION :

NOTE:
1.CABLE ASS'Y MUST PASS CONTINUITY TEST.
2.PACKING: EACH CABLE IN POLY-BAG.
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Jacket

PE Cross

Insulation
Conductor
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