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GALE
120mm Extreme Performance Fan DATE 1-Dec-2022

Specifications Product information
Air Flow (CFM) max. 110 Model no. FN-GALE-01
Bearing Double Ball EAN 4897025783546
DC Voltage (V) 12 Package Content Gale x 1, Mounting Screws x 4
Dimensions (mm) 120*120*38
Fan Connector 4 Pin PWM
Fan Current (A) max. 0.55
Fan Speed (RPM) 500 - 3500
Noise Level (dBA) max. 45
Power Draw (W) max. 7
Static Pressure (mmH2O) 12
Warranty (years) 3
Weight (g) 242
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