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Wiha T-Handle Nut Drivers

X[ Nut Driver, With Wiha T-handle Blade CVM steel, hardened, CECEIN  Set 5 Pe. Nut Driver T-handle Metric Sizes

nickel-plated. Wiha T-handle high quality plastic, impact resistant. Blade CVM steel, hardened, nickel-plated. Wiha T-handle high quality
Deep drawn 1" socket, solid shaft. plastic, impact resistant. Deep drawn 1" socket, solid shaft.

Item O = i #v = ltem o = O 3 | &
No. mm mm mm Ibs. pkg. No. mm  mm mm mm Ibs.
336 03 6.0 125 100 .16 10 33691 33603 6.0 125 33612 10.0 125 1.57
336 06 8.0 125 100 .18 10 33606 8.0 125 33622 13.0 125

336 07 8.0 200 100 .22 10 33609 9.0 125

336 09 9.0 125 100 .23 10
336 12 10.0 125 100 .24 10
336 14 10.0 230 100 .26 10
336 20 120 125 100 .26 10
336 22 13.0 125 100 .27 10
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kM Nut Driver, With Wiha T-handle Blade CVM steel, hardened,
nickel-plated. Wiha T-handle high quality plastic, impact resistant.
Deep drawn 1" socket, solid shaft.

Item O 4 ¢ = @ Set 6 Pc. Nut Driver T-handle Inch Sizes

No. Inch Inch Inch Ibs. pkg. Blade CVM steel, hardened, nickel-plated. Wiha T-handle high quality
336 53 3/16 6.0 4.0 .16 10 plastic, impact resistant. Deep drawn 1" socket, solid shaft.

336 59 1/4 6.0 40 .18 10 Item o = o = v ¥
336 65 5/16 6.0 4.0 19 10 No. Inch Inch Inch  Inch Ibs.
336 71 3/8 60 40 20 10 33690 33653 3/16 6.0 33671 3/8 6.0 1.58
336 74 7716 60 40 26 10 33659 1/4 6.0 33674 7/16 6.0

336 77 1/2 60 40 .30 10 33665 5/16 6.0 33677 1/2 6.0

Bit Holder With Wiha T-handle
Magnetic, holds bit and screw. Retainer out of stainless steel.
Hex shaft chrome-vanadium-molybdenum steel, nickel-plated.
Wiha T-handle high quality plastic, impact resistant.
tem QO — — 4 I &% =-
No. Size mm Inch mm Inch Ibs. pkg.
38800 1/4 150 6.0 80 3.0 .18 1




