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7 Pc. Pliers & Screwdriver Set.  Insulation According to
VDE 0682/part 201, EN/IEC 60900, ASTM F-1505-01, NFPA70E,     up
to 1000 volt.  Individually Tested.  Pliers drop-forged from special tool
steel, individually high frequency induction hardened, chrome and nickel
plated, mirror-polished.  In molded tool box.
Item# 32899 Set Includes: lbs. 5.39  
32816 - 7.0” Combination Pliers 32830 -  5.5” Diagonal Cutters 
32806 - 6.3” Long Nose
47012 - Insulated Slotted 3.0(1/8”) 47101 - Insulated Phillips #1
47024 - Insulated Slotted 4.5(3/16”) 47102 - Insulated Phillips #2

328 99

1000Volt

All Tools Made
in Germany

11 Pc. Proturn Pliers & Driver Set.  Insulation According to
VDE 0682/part 201, EN/IEC 60900, ASTM F-1505-01, NFPA70E,     up
to 1000 volt.  Individually Tested.  In molded tool box.
Item# 32390 Set Includes: lbs. 7.5
8.0” Linemans Pliers 6.3” Long Nose Pliers W/Cutter 
8.0” Long Nose Pliers W/Cutter 6.3” Diagonal Cutter    
8.0” High Leverage Cutter
47100 - Insulated Phillips #0 47012 - Insulated Slotted 3.0mm(1/8”)

47101 - Insulated Phillips #1 47024 - Insulated Slotted 4.5mm(3/16”)

47102 - Insulated Phillips #2 47039 - Insulated Slotted 6.5mm(1/4”)

323 90

1000Volt

Pliers/Cutters Made in Taiwan
Screwdrivers Made in Germany

Pliers/Cutters Made in Taiwan
Screwdrivers Made in Germany

Pliers/Cutters Made in Taiwan
Screwdrivers Made in Germany
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Set 7 Pcs. Proturn Soft Grip Insulated Slotted/Phillips
Screwdriver & 8” Lineman’s Pliers Set.  Insulation Standards 
According To EN/IEC 60900, ASTM F-1505-01, VDE 0682/part201, 
DIN 7437, NFPA70E, draft 11/90.  Blade CVM steel, hardened. 
Item
No. mm mm Size mm lbs.
323 92 470 12 3.0(1/8”) 100 471 00 0 60 1.87

470 24 4.5(3/16”) 125 471 01 1 80
470 39 6.5(1/4”) 150 471 02 2 100
323 46 8” Lineman’s Pliers

323 92

Proturn Soft
Grip Handles

1000Volt

13 Pc. Pliers & Screwdriver Set.  Insulation According to
VDE 0682/part 201, EN/IEC 60900, ASTM F-1505-01, NFPA70E,     up
to 1000 volt.  Individually Tested.  In molded tool box.
Item# 32396 Set Includes: lbs. 8.41  
32356 - 8.0” Combination Pliers 32364 - 6.3” Diagonal Cutters 
32358 - 6.3” Long Nose 32367 - 8.0” High Leverage Pliers
32361 - 8.0” Long Nose Pliers 32370 - 10.0” Water Pump Pliers     
47012 - Insulated Slotted 3.0(1/8”) 47100 - Insulated Phillips #0
47024 - Insulated Slotted 4.5(3/16”) 47101 - Insulated Phillips #1
47039 - Insulated Slotted 6.5(1/4”) 47102 - Insulated Phillips #2
15000 - Insulated Electrician’s Knife

323 96

1000Volt

proturn

Wiha Proturn Insulated Tool Sets

NEW
From Wiha

1000Volt
4 Pc. Proturn Insulated Pliers & Cutters Set

Insulation Standards According To EN/IEC 60900, ASTM F-1505-01,
DIN/ISO, NFPA70E. Pliers drop-forged from special tool steel, 
individually high frequency induction hardened, chrome and nickel 
plated, mirror polished.  In roll up pouch.
Item No. 323 91 Set includes the following:             

32346 - 8” Lineman’s Pliers With Cutters
lbs. 32341 - 8” Long Nose Pliers With Cutters
3.4 32344 - 6.3” Diagonal Cutters

32340 - 10” Water Pump Pliers
*Pliers & Cutters are made in Taiwan

323 91

NEW
From Wiha

proturn

proturn

Pliers/Cutters Made in Taiwan
Screwdrivers Made in Germany

8 Pc. Pliers & Screwdriver Set.  Insulation According to
VDE 0682/part 201, EN/IEC 60900, ASTM F-1505-01, NFPA70E,     up
to 1000 volt.  Individually Tested.  Roll Out Pouch.
Item# 32395 Set Includes: lbs. 4.12 
32356 - 8.0” Combination Pliers 32364 -  6.3” Diagonal Cutters 
32358 - 6.3” Long Nose 32370 - 10.0” Water Pump Pliers       
47012 - Insulated Slotted 3.0(1/8”) 47101 - Insulated Phillips #1
47039 - Insulated Slotted 6.5(1/4”) 47102 - Insulated Phillips #2

323 95

1000Volt

NEWFrom Wiha
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