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Cylindrical shape structure, large capacty, low internal resistance,

comply with ROHS lead-ree requirements; Quick charge/discharge.
Provide instantaneous large current output

LIOF 2.5V400F 2.7V40.:
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THREETE TECHNOLOGY

'T‘-U_T} Fﬁiﬂﬁ@&ﬁﬂ' Standard product and dimensions

Part # Capacitance Tolerance o LS Size/Dimension Height Operating Temp.
Voltage (1 kHz/maQ) @ Temp. Seated [Max)
SCZIR7105 1F -20%, +B0% 27V 160 1000 Hrs @65°C Bxl2mm 12mm -25°C-70FC
SCZ2R7205 2F -20%, +B0% 297V 120 1000 Hrs @ B5°C Bxlemm 1emm -25°C-70FC
SCZIRT335 53.5F -20%, «B0% 27V 100 1000 Hrs @ B5°C Bx20mm 20mm -25°C-707C
SCZ2R7405 4F -20%, +B0% 27V 110 1000 Hrs @ 65°C Bx20mm 20mm -25°C-70FC
SCZ2ZRT505 5F -20%, +B0% 2.7V o0 1000 Hrs @ B5°C Bx25mm 25mm -25°C-70FC
SCZIRT705 7F -20%, «B0% 27V 60 1000 Hrs @ 65°C 10x25mm 25mm -25°C-707C
SCZ2R7106A 10F -20%, +B0% 27V 45 1000 Hrs @ 65°C 12 Sx20mm 20mm -25°C-70FC
SCZ2R71068B 10F -20%, +B0% 27V 65 1000 Hrs @ 65°C 10x25mm 25mm -25°C-70rC
SCZIRT206 20F -20%, «B0% 27V 40 1000 Hrs @ 65°C 12 Sx30mm 30mm -25°C-707C
SCZIRT256 25F -20%, +B0% 290V 25 1000 Hrs @ B5°C 16x25mm 25mm -25°C-70FC
SCZ2R7306 30F -20%, +B0% 27V 0 1000 Hrs @ 65°C 16x30mm 30mm -25°C-70rC
SCZIR7506 S0F -20%, +B0% 27V 16 1000 Hrs @ 65°C 18x40mm 40mm -25°C-70FC
SCZ2R7107 100F -20%, +B0% 297V B8 1000 Hrs @ B5°C 2245mm 45mm -25°C-70FC
SCZ2R7157 150F -20%, +B0% 27V 7 1000 Hrs @ 65°C 25X50mm S50mm -25°C-70rC
SCZIRT227 220F -20%, +B0% 27V & 1000 Hrs @ 65°C S0uS0mm 50mm -25°C-70FC
SCZ2R7 367 S60F -20%, +B0% 297V 4 1000 Hrs @ B5°C 35Xe0mm g0mm -25°C-70FC
SCZ2R7407 400F -20%, +B0% 27V 45 1000 Hrs @ 65°C 35X66mm BEmMm -25C-70rC

SCZ2R7507 500F -20%, +B0% 2.7V 3.5 1000 Hrs @ 65°C 35¥66mm gemm -25°C-70°C



