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Coll former material: Zytel FR50 (PA6.6), glass-reinforced.
e 057 UL file number: E41938 - UL94V-0.
VIEW A - A @ max. aperating femp:  130°C, class B
(ENLARGED) - pin material: brass, Ni flash, Sn plafed.
solderability: acc. fo IEC 60 068-2-20 partZ, Test Ta
= \ | method 1, 235°C-2sec.
mean length of turm: 1445 inch (36.7 mm)
| winding area: 0.013 sq. inch (838 mm?) per sect.
CLASS.NO. 07-01-08
f 0,76 005
030 2002 CPV-P18/1-25-6PD-Z/ 4335 060 26451
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