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Iltem No.:

2110551505

ltem:
KSK-GP560-BV51505
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Magnetic properties Conditions Min Typ Max Unit
Pull-In excitation (Reference value) [Reed swichunmodiied - ration” 15 20 AT
Test-Coll Reed switch unmodified KMS-01
Pull-In excitation (modified contact) | feed it modfied o v 1 aT 27 | | 32 | AT
Test-Coll Reed switch modified KMS-21
Contact data 66 Conditions Min Typ Max Unit
Contact rati ng »:gty tE (e:xf:?egg itrr]1aetiiro i?]gii/?éfafmax,'s 10 W
Switching voltage (<21 AT) DC or Peak AC 200 Vi
Switching current DC or Peak AC 0.5 A
Carry current DC or Peak AC 1 A
Contact resistance static Yieasyred with 40% overdrive 150 mOhm
Environmental data Conditions Min Typ Max Unit
Shock 1/2 sine, duration 11ms, in 3 axis 50 g
Vibration from 10 - 2000 Hz 20 g
Ambient temperature -20 130 °C
Storage temperature -55 130 °C
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