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NOTES

1. THIS IS A RoHS COMPLIANT PRODUCT

Mechanical Properties

Connector Type

Operating Temp.

PU

－20℃～＋65℃

Reverse SMA Plug

Frequency Range

Impedance

V.S.W.R.

Radiation

Gain

Polarization

50Ω

≤2.0

Electrical Properties

Omni

5dBi

Vertical

Radome Material

Wave Length , type
1/2λ , co-linear

Beam Width(±3dB)

60°@E-Plane_2.4GHz

90°@E-Plane_5.xGHz

360°@H-Plane_2.4GHz

360°@H-Plane_5.xGHz

Test Ground Size N/A

Weight 18 g (est )

－30℃～＋70℃
Storage Temp.

Dimension L=198mm

IP Level IP-65

2.4~2.4835GHz

5.15~5.85GHz

Reverse SMA Plug
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