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DATE

STGN DESCRIPTION

2021-08-21

Allen Pon |Rev.02 To Rev.A

VUL ——

M

onnector

XX:No.

AD- XXBMMM-QL8P XX

Of Pin XX:0l~15Meters
01:0IMeter

02:02Meters

15 [5Meters

Note:

RoHS Compliant

@Importont Dimension

Waterproof Rate: [PX8,

Connector

Housing: Thermoplastic, Black

Pin: Copper Alloy, Gold Plated

Outer Mold: Thermoplastic, Black

Cable: TECOI156-12, 26#x|P+AL/MY+B,

PUR Jacket, Green

Cable Length Tolerance:
IM < L
M <L
SM < L
IOM < L =

Mated Im/24h

0D=3.8mm,

M: +50/-0 mm
SM: +100/-0 mm
SM: +150/-0 mm
[OM: =100 mm
[5M: £200 mm

IAIAIN —

UNIT:mm | € —F

TOLERANCE
+0.5mm

X-Lok A-Size
Molding M Conn M Pin
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SIZE
4
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(QC): Inspection item

Amphenol LTW
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ITEM NO DRAWN BY DATE

Allen Pan 2021-08-21

DWG NO

AD - XXBMMM-QLBP XX

CHECKED BY DATE

Sam Ho 2021-08-217

APPROVED BY DATE

ALTW Fred Lee 2021-08-217
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