
MATERIALS AND FINISHES:

BODY: BRASS
PLATED: NICKEL (200µ-in MIN)

CENTER CONTACT: BRASS
PLATED: GOLD (10µ-in MIN)
OVER NICKEL (150µ-in MIN)

INSULATOR: PTFE

JAM NUT: BRASS
PLATED: NICKEL (100µ-in MIN)

LOCKWASHER: PHOSPHOR BRONZE
PLATED: NICKEL (100µ-in MIN)

O-RING: SILICON RUBBER
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SMA-RP JACK VERTICAL IP68 
PCB TH TREPAN/GASKET, SMA-RP-J/PCB, EWR-11889
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