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Technical features
Profile area 297.67 mm2

Sizes
Y 32.00 mm

Z 15.50 mm

Moments of inertia
Jy 0.62 cm4

Jz 3.68 cm4

Profile moment of resistance
Wy 0.59 cm3

Wz 2.30 cm3

Max. profile length 6000 mm 

Mass 1.10 Kg/m

Material
ALLOY EN AW 6060

C50 Temp./Grind./Chrome plated

Technical features
Profile area 474.05 mm2

Sizes
Y 42.00 mm

Z 20.00 mm

Moments of inertia
Jy 1.55 cm4

Jz 10.20 cm4

Profile moment of resistance
Wy 1.10 cm3

Wz 4.87 cm3

Max. profile length 6000 mm 

Mass 1.58 Kg/m

Material
ALLOY EN AW 6060

C50 Temp./Grind./Chrome plated

Technical features
Profile area 468.60 mm2

Sizes
Y 43.00 mm

Z 20.00 mm

Moments of inertia
Jy 1.55 cm4

Jz 10.63 cm4

Profile moment of resistance
Wy 1.10 cm3

Wz 4.94 cm3

Max. profile length 6000 mm 

Mass 1.56 Kg/m

Material
ALLOY EN AW 6060

C50 Temp./Grind./Chrome plated

Technical features
Profile area 1241.99 mm2

Sizes
Y 65.00 mm

Z 32.00 mm

Moments of inertia
Jy 10.73 cm4

Jz 62.84 cm4

Profile moment of resistance
Wy 4.58 cm3

Wz 19.37 cm3

Max. profile length 6000 mm 

Mass 4.18 Kg/m

Material
ALLOY EN AW 6060

C50 Temp./Grind./Chrome plated

PROFILES 
DRIVEN WHEEL LINEAR SYSTEMS

IL32                                                     BPRGD0000013

IL43                                                     BPRGD0000015

IL42                                                     BPRGD0000014

 IL65 BPRGD0000017                 
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