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RoHS Compliant

Specifications:

Current Rating:4A(2~5Pin)AC/DC
Voltage Rating:250V(2~4Pin);60V(5Pin)AC/DC
Contact Resistance:5m ohm. Max.

Lo Insulation Resistance:100M ohm. Min.
20.0 Withstanding Voltage:500V AC/Minute
7.0 9.0 3.0 Operating Temperature Range:—40°C ~ +100°C
15 Waterproof Rate:IP67
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