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DF13-40DS-1.25C

2

VIEW FROM ’A’
HS1 PIN ASSIGNMENT

1
3
5
7

37
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CABLE TIE WITH
"P/N 426496600-3" TAG
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30mm MAX.

CABLE: SHIELDED ROUND

LENGTH = 460mm +/- 10mm

30mm
MAX.
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VIEW ’A’
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RoHS
COMPLIANCE

JACKET: PVC COLOR BLACK

UL 20276, 10 PAIRS, 30AWG, L=460mm

USAGE:
CABLE FOR NEC NL12880BC20-02D PANEL
(FOR SVH-1920, SP1600, ALR-1400)

LVDS PANEL CABLE: 

P/N 426496600-3

NEC NL12880BC20-02D, 460mm

           

https://www.application-datasheet.com/
https://www.application-datasheet.com/
https://www.datasheetcrawler.com/
https://www.stockedmro.com/

