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Specification of Temperature Probe 

 

PART NUMBER:  TT4-20KC3-T105-C650-1500 
No. of pages: 1 
 
Date:  18.09.2019 
Revision:   00 

FEATURES: 

Sensing Element Thermistor NTC 

No-load resistance at 25°C 20 000  

Tolerances at 25°C ± 1% 

Beta(25/75) Constant 3 977K ±1% 

Operating temperature range -20C ÷ 105C 

Test Voltage 1500V DC 

International Protection Rating IP 66 

RoHS Compatible YES 

 

DRAWING: 

AWG24, tinned copper, Black PVC

insulation  (105°C),   O.D. ~5.2mm,

Internal insulation: brown & white

Stainless steel (316) cap crimped over the

cable (double round crimping)

1500 ± 15

50

ø 6

25 ± 3

Insulated cable ends

 
UNITS: [mm] 


