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3M™ Terminals: 3M™ Butt Connectors

Vinyl Insulated Butted Seam Butt Connector

Terminal Type
Terminal Style
Insulation Material
Barrel Style

RoHS 2011/65/EU

Agency Approval

Manufacturing Origin

Butt
Standard
Vinyl
Butted

Yes
@

Product No. Conductor Size Thickness Barrel Length Barrel I.D. Max. Insul. Dia.
61-P 054007-28259 22 - 18 AWG 1.00" 0.030" 0.25" 0.070" 0.145"
62-P 054007-28657 16 - 14 AWG 1.00" 0.030" 0.25" 0.090" 0.170"
63-P 054007-28866 12 - 10 AWG 1.02" 0.040" 0.25" 0.135" 0.250"
Vinyl Insulated Brazed Seam Butt Connector
Terminal Type ~ Butt
Terminal Style ~ Standard
Insulation Material ~ Vinyl
Barrel Style  Brazed i
RoHS 2011/65/EU  Yes A H SSeseseeee
— ()] g .
Manufacturing Origin

Product No.

Conductor Size

Thickness

Barrel Length

Barrel I.D.

Max. Insul. Dia.

64-WP 054007-29849 8 AWG 1.50"  |0.050" 0.38" 0.175" 0.300"
65-WP 054007-29850 6 AWG 1.71" 0.050" 0.47" 0.250" 0.400"
66-WP 054007-29851 4 AWG 217" 0.075" 0.53" 0.280" 0.480"
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