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RoHS Compliant

4.5
13.0 REF Specificatiorjs:
1 |30 WITH LIQUID GLUE Current Rating:3A(2~5P);1A(6~8P) AC/DC
-I Voltage Rating:60V(2~3P);30V(4~8P) AC/DC
N | Contact Resistance:5m ohm. Max.
o . o Insulation Resistance:100M ohm. Min.
= ~ E‘g Withstanding Voltage:500V AC/Minute(2~5P)
4 i A 250V AC/Minute(6~8P)
g Waterproof rate:IP67
Operating Temperature Range:—40°C~+100°C
Material and Finish
See Table
How to Order
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© 8P Item|Description| Material Remark Q1Y / s
1 |Insulator |Nylon UL94V—-0 Black 1 Recommended
'_ RANSACA AR RARRASANACASATA
= 2 |Terminal |Copper Alloy| Gold Plated 3u” 2~8 Panel CUT—Out
= Thickness:Max_3.5MM
< 3 |Shell Copper Alloy| Nickel Plated 60u”| 1
m 4 |Seal ring |Silicone Red 1
O
o 5 [Nut Copper Alloy| Nickel Plated 60u”| 1
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