ONDEMAND > FASTENERS > THREADED INSERTS > CHEVRON

M40X185C
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PRODUCT OPTIONS
Finish

None

Black Oxide (25)

Bright Dip (13)

Bright Tin over Copper
Flash (14)

Cad Plate - Clear
Chromate (2)

Cad Plate - Clear
Chromate - Commercial

(1)

0.249in
0.185in
0.442in
RAF
0.218in
None
0.221in
Brass
Standard
o

M4 x 0.7



Cad Plate - Yellow
Chromate (3)

Chrome - Bright (10)
Chrome - Satin (11)
Chrome over Nickel (4)
Electro Tin (16)

Electro Tin - Nickel
Undercoat (44)

Electro Tin - Solder 60/40
(27)

Hot Tin Dip (15)
Nickel (5)

Nickel - Ductile (37)
Zinc - Black (42)
Zinc - Blue (43)

Zinc - Clear Chromate
(12)

Zinc - Yellow Chromate
(28)



