
 

www.aidetek.com  support@aidetek.com 

Tel.:  (408) 329-7985 
Fax: (866) 571-5680 

PO BOX 2426 
Monrovia, CA 91017 
U.  S.  A. 

 

04/12/23 

         AideTek® SMD 1206 size 89 values 50pc/value capacitor kit C12-50 

 
 

1206 size, 89 values, 50pcs/value total 4450pcs filled in Aidetek BOX-ALL-
144 from to 0.5pF to 22uF. 

Quick + easy to access all 89 values in a compact enclosure using 
tweezers. 

Below is the value list: 
0.5pF 
NC50 

1.0pF 
NC50 

1.8pF 
NC50 

2.0pF 
NC50 

2.2pF 
NC50 

3.0pF 
NC50 

3.3pF 
NC50 

5.1pF 
ND50 

6.8pF 
ND50 

8.2pF 
ND50 

10pF 
NJ50 

12pF 
NJ50 

15pF 
NJ50 

18pF 
NJ50 

22pF 
NJ50 

27pF 
NJ50 

33pF 
NJ50 

39pF 
NJ50 

47pF 
NJ50 

56pF 
NJ50 

68pF 
NJ50 

82pF 
NJ50 

100pF 
NJ50 

150pF 
NJ50 

180pF 
NJ50 

220pF 
NJ50 

270pF 
NJ50 

330pF 
NJ50 

390pF 
NJ50 

470pF 
NJ50 

560pF 
NJ50 

680pF 
NJ50 

820pF 
NJ50 

1.0nF 
NJ50 

1.2nF 
NJ50 

1.5nF 
NJ50 

1.8nF 
NJ50 

2.2nF 
NJ50 

3.3nF 
NJ50 

4.7nF 
NJ50 

5.6nF 
NJ50 

220pF 
XK50 

270pF 
XK50 

330pF 
XK50 

390pF 
XK50 

470pF 
XK50 

560pF 
XK50 

680pF 
XK50 

820pF 
XK50 

1.0nF 
XK50 

1.2nF 
XK50 

1.5nF 
XK50 

1.8nF 
XK50 

2.2nF 
XK50 

2.7nF 
XK50 

3.3nF 
XK50 

3.9nF 
XK50 

4.7nF 
XK50 

5.6nF 
XK50 

6.8nF 
XK50 

10nF 
XK50 

15nF 
XK50 

18nF 
XK50 

22nF 
XK50 

33nF 
XK50 

39nF 
XK50 

47nF 
XK50 

56nF 
XK50 

68nF 
XK50 

100nF 
XK50 

220nF 
XK25 

470nF 
XK25 

1.0uF 
XK16 

10nF 
YM25 

15nF 
YM25 

22nF 
YM25 

33nF 
YM25 

47nF 
YM25 

68nF 
YM25 

100nF 
YM25 

150nF 
YM25 

220nF 
YM25 

330nF 
YM25 

470nF 
YM25 

1.0uF 
YM16 

2.2uF 
YM16 

4.7uF 
YZ06 

10uF 
YZ06 

22uF 
YZ06 
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Below is the AideTek ® Multilayer ceramic SMD Capacitor kits Codes 
Meaning: 

 

100PF          
                 NJ50          
 
 
 
 
 
 
 
 

 

 

 

Click below to download the manufacturer’s datasheet: 

 

https://www.aidetek.com/AideTek_MLCC_sunsung_capacitor_datasheet.pdf 

 

https://www.aidetek.com/AideTek_CTCC_capacitor_datasheet.pdf 

 

 

 

 

Dielectric 
N → NPO  
C →COG 
X → X7R  
Z → Z5U  
X5 → X5R  
 

Tolerance 
B → ± 0.10pF 
C → ± 0.25pF 
D → ± 0.5pF 
E → ± 0.5% 
F → ± 1% 
G → ± 2% 
J → ± 5% 
K → ± 10% 
M → ± 20% 
Z → + 80% - 20% 

Voltage 
Rating 

06 → 6.3V 
10 → 10V 
16 → 16V 
25 → 25V 
50 → 50V 

 

1nF = 1000pF 
1µF = 1000nF 
 

Capacitance 


