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Certifications

3C.SA.DC.0

ESD diamond coated tweezers - Anti-Acid/Anti-Mag SS - tips: straight, fine, pointed,
superior finish. OAL: 110mm - 4.33"

—
= #

41/4" /110 mm
Very sharp, fine

ESD Diamond coated tweezer leaflet
Documents
Tip coating TDS

Body material TDS

Product included in the following kit/kits

Part Number Family | Category Full description

K5HP.SA.DC

ESD Diamond coated Kit of 5 ESD diamond coated tweezers - Anti-Acid/Anti-Mag SS: 00, 2A,

Tweezels
tweezers 3C,5,7.
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Product Details
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Category ESD Diamond coated tweezers
Tip style 3C

Tip type characteristic fine, pointed

Reverse action no

Handle serration (y/n) no

Tip serration/grip (y/n) no

Locking system no

ESD safe yes

Body material SA

Tip coating DC

Full body coating/finishing

sandblasted

Product OAL (mm -in) 110.00 - 4.331
Product width (mm - in) 9.50-0.374
Product height (mm - in) 10.00 - 0.394
Tip thickness A (mm - in) 0.10 - 0.004
Tip width B (mm - in) 0.20 - 0.008
Tip opening gap (mm - in) 8.00-0.315
Net weight (g-1b) 12 -0.026
RoHS compliant yes
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