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Airflow: 155.8~275.6 CFM         

Static Pressure: 19.3~60.0 mm-H2O

Blade / Housing: 

Plastic Material UL 94V-0 P.B.T.         

Lead Wire: UL1007 #22 AWG

Weight: 425 g
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2B: 2-ball bearing  L: sintetico bearing  S: sleeve bearing

Please refer to Model Numbering System for bearing, function and speed level indication.
Specifications are subject to changes without notice. Please refer to the formally issued product specification via contacting Y.S. TECH sales department.

Visit Y.S. TECH web site at http://www.ystech.com.tw for updated information. Customized Specifications are designed accordingly
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