
Description

ISO-50 Punch

Specifications

• Application : For Standard Round Knockout Punch Unit
• Capacity Mild Steel : 10 GA (3.500 MM)
• ISO : 50
• Size : 2.000 IN (50.800 MM)
• Type : Replacement, Round

PUNCH-RD 2.000 OD (50.8MM) (73

ISO-50 Punch

Cat No:

UPC No:

1756AV

783310042327


