
Description

Standard Round Knockout Punches

Specifications

• Capacity Mild Steel : 10 GA (3.500 MM)
• Includes : Punch, Die And Draw Stud
• ISO : 40
• Replacement Part : 24462 UPC 24462 Punch, 35159 UPC 35159 Die, 249AVBB UPC 04040 

Draw stud
• Size : 1.595 IN (40.500 MM)
• Type : Standard Round Knockout
• Weight : 1.300 LB (590.000 GM)

PUNCH UNIT ASSY,40.5MM BB

Standard Round Knockout Punches

Cat No:

UPC No:

24477

783310244776


