
Description

ISO-63 Die

Specifications

• Application : For 35182 2.500 IN (63.500 MM) Slug-Buster Knockout Punch Unit
• Capacity Mild Steel : 10 GA (3.500 MM)
• ISO : 63
• Type : Round

DIE-RD 64,0MM (2.520)

ISO-63 Die

Cat No:

UPC No:

35166

783310351665


