
Description

• 1IN (25.4 mm) Hex ratchet wrench allows use with both 3/8IN (9.5 mm) and 3/4 IN (19.1 mm) 
draw studs

• 12.7 mm Kwik Stepper step bit included
• Plastic carrying case included

Specifications

• Includes : 17697 UPC 17697 Pg-13 Punch, 32004 UPC 32004 Pg-13 Die, 35193 UPC 35193 
ISO-16 Punch, 35162 UPC 35162 ISO-16 Die, 87AV UPC 03986 ISO-25 Punch, 35164 UPC 
35164 ISO-25 Die, 24459 UPC 24459 ISO-32 Punch, 35168 UPC 35168 ISO-32 Die, 24462 UPC 
24462 ISO-40 Pun

• Type : Standard Round Knockout
• Weight : 5.200 LB (2.300 KG)

PUNCH SET-STD ISO16-ISO40

ISO-16 through ISO-40 Manual Round Standard 
Knockout Punch Kit

Cat No:

UPC No:

36688

783310366881


