
Description

Kwik Cycle® 9 InterchangeableDie Sets for Coaxial Connectors

Specifications

• Application : For Coaxial Connectors
• Cable Type : RG22B/U Twinax And Others
• Connection : Twinax
• Crimp Profile And Dimensions : Braid Crimp: 0.429 IN Hex, Center Contact: 0.075 IN Hex
• Size : 9.000 IN
• Sub Brand : Kwik Cycle
• Type : Interchangeable
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Kwik Cycle® 9 InterchangeableDie Sets for Coaxial 
Connectors
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