
Description

Sold as unit only

Specifications

• Includes : Punch, Die, (34421) Draw Studs, (34733) BB Drive Nuts, (04638) Counter Nut
• Maximum Capacity Mild Steel : 14 GA (2.000 MM)
• Minimum Pilot Hole : 0.500 IN (12.700 MM)
• Operation Type : Hand/Hydraulic
• Optional Adapter For Hydraulic Driver : 33967
• Size : 0.750 IN X 0.703 IN (19.100 MM X 17.900 MM)
• Type : D Type
• Weight : 1.200 LB (0.500 KG)

PUNCH ASSY,D (DIA .750 X.703 FLAT)

D Punches

Cat No:

UPC No:

61083

783310610830


