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Designation

XXX X

Capacity (Gb) Plating

USB3F KEY

16
32
64
128
256

B = Black painting (RoHS)
N = Nickel (RoHS)
G = Olive drab cadmium (Not RoHS)

Notes:
 
- Reinforced USB3 memory keys.
- Key USB3 SANDISK Ultra Fit.
- Operating temperature range 0°C to 35°C (32°F to 95°F)
- Storage temperature range -10°C to 70°C (14°F to 158°F)
- No obsolescence managment - End of life (EOL).
- Delivered with USB3 cordset

USB3F KEY XXX X

Dimensions in mm / [inch]

See table

No metallized inserts,
additive manufacturing


