
 
 

 

 

 

 

RFID 5122WR Stick Reader  

 

 

Product Description 

CPU : ARM [STM32]                                                            Data Memory : EEPROM 64K 

Screen : 128 x 32 OLED                                                      Operating Voltage : 6V                                   

Duplex Mode : FDX-B, HDX                                               Communication : Bluetooth 2.0, USB2.0                        

Operating Frequency : 134.2kHz                                      Protocol Standard : ISO11784/ISO11785                        

Dimension : 70cm x 60cm                                                 Consecutive Working : 12 Hours                                      

Shacking Standard : IEC 68-2-6                                         Work Temperature : - 30C to + 50C                           

Waterproof Standard : IP65                                              Read Range : 15cm for FDX-B, 25cm for HDX           

Language : English and others                                          Colour : Luminous Orange                                                 

Beep : Yes 

 

 

PROPRIETARY INFORMATION: 
This document and the contents hereof are considered proprietary and confidential information of PTS Technologies Pte Ltd.   
Disclosure to unauthorized individuals or dissemination, publication or copying is prohibited without the prior written  
consent of PTS Technologies Pte Ltd. 
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Cert. No. FS   585490 
ISO 9001:2008 

Cert. No. MD576515 
ISO 13485 : 2003 


