
Standard LED Color

LED Specification

LED Wavelength Foward(A) Foward(V)

Green 568nm 20mA 1.85-2.45V

Yellow 585nm 1.7-2.2V20mA
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ELECTRICAL PROPERTIES OF MAGNETICS:
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Recommended PCB Layout
(Top View)
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Magnetics Schematic
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G16LX-188S7-1G-GO-Y
Right Angle 1G Mag Jack w/ POE

Tab Up, Shielded w/ EMI Fingers, LEDs

C. Kelleher 05/09/22

mm

  6u" Gold Plating on Contact Area
  Nickel Underplating,

Materials and Finish

Contact Plating:

Contact Material:  Phosphor Bronze

  Color:  Black
  UL 94V-0 Rated
Housing:  PBT Thermoplastic

Shield:  Brass, Nickel Plated

Mating Force:  23N Max.

Durability Rating:
  750 Mating Cycles Min.

Dielectric Withstanding Voltage:
  2250V DC 1mA Pri. to Sec.

Electrical Characteristics 
IEEE 802.3bt Rated: 

Mechanical Characteristics 

  X.XX ± 0.25

  Otherwise
  Unless Stated

  X.X ± 0.30

  Tolerances
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  57VDC, 720mA Max Per Pair

Operating Temperature:
  -40°C to +85°C

  For PSE or PD Applications
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