
NUMBER
PART

Information in this drawing is provided for reference only.

http://www.hdw.com.tw
LMB6UU

Fixed Alignment High-Temperature
Linear Ball Bearing

© 2023 HEADWAY 

22.225 +0
- 0.2

16.15 +0
- 0.2

0.992

Ø15.875+0
- 0.013

Ø14.935 Ø9.525 +0
- 0.006

0.8750 +0
- 0.008 

0.6358 +0
- 0.008 

0.0390
0.992
0.0390

Ø0.6250+0
- 0.00050 Ø0.5880 Ø0.3750 +0

- 0.00025 

HEADWAY
Unit: INCH

 MM


