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SPECIFICATION FOR APPROVAL 
Piezo Element 

 
 

Part Number OWPB-3552-30-A 

Note 
This item was compliance with the following requirements:  
1. RoHS directive  
2. REACH 
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1 Input Voltage (Vp-p) 30 max 

2 Resonant Frequency (KHz) 3.0±0.5 

3 Resonant Impedance (Ω ) 500 max 

4 Capacitance 120Hz (PF) 45000±30% 

5 Operating Temperature (℃) -20～+60 

6 Storage Temperature (℃) -30～+80 

7 Ceramic plate diameter(d) (mm)  Φ25±0.5 

8 Metal plate diameter(D) (mm) Φ35±0.2 

9 Metal plate Thickness(t) (mm) 0.30±0.05 

10 Piezo Element Thickness(T) (mm) 0.525±0.2 

11 Metal Material  SUS 

Dimensions                     Unit:mm              Tolerance: ±0.5mm Except Specified 

 

 

 


