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E-MARKER

WITH TPE JACKET, BLACK, OD = 4.8mm
(30#*8C)+(32#*1P)+(34#*3C)+(34#*1C)+(26#*2C)+E(28#)*2pcs+BRAID
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BILL OF MATERIALS

LENGTH (L)PART NUMBER
KMCX-USB4.0-MTOM-1M 1000 mm

KMCX-USB4.0-MTOM-0.8M 800 mm

NOTES:
1. Electric Test: 100% Open & Short and Mis-wire Test
2. Insulation Resistance: 100 MOhm Min.
3. Conductor Rresistance: 2 Ohm Max.
4. Voltage Test: 300V/DC 0.1s
5. Rated Voltage: 48V
6. Rated Current: 5A
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A0 07/06/23 New Drawing C. Kelleher C. Furumasu

KMCX-USB4.0-MTOM-xM 
Cable, USB-C 4.0 Male To Male

RoHS Compliant, Halogen Free

C. Kelleher 07/06/23
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It is the responsibility of the customer to thoroughly
review this spec to ensure accuracy before signing

Signature: ______________________________
Date: __________________________________

and dating below.

(Where x = Length (L) in Meters)
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