TKH-TB38b-MODUL
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POINTING DEVICES
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PRODUCT FEATURES

e Trackball built-in panel for industrial enviroment
e |ntegrated 38 mm trackball

e Resistant to dirt, dust and liquid (IP65)
e With left and right mouse button

SPECIFICATION

Mounting type: front panel with threaded bolts Dimensions: 135 x 110 x 38 mm

Front panel material; FR4 (epoxyd resin) Weight: 260 g

Keyswitch technology: gold plated domes Certification: RoHS, REACH

Switching cycles: appr. 1 mill. (per key)

Operating force: 3,0N SPECIFICATION TRACKBALL

Switch 'traveI: | 0.6 mm | Material: ohenolic

lPrtotgctlon level: {5)8685 (stat.); IP54 (dyn.) Operating principle : mechanical

nterface: o . .

Lif : .2 mill. ball revol

USB compatibility: compliant with USB 1.1 fetime: - appr. 2 mil. ball revolutions
. Actuation force: 50 g

Operating temperature: 0 °Cto +65 °C Diameter: 38 mm

Storage temperature: 0°Cto+80°C '

Cat.No. Product description

KH02006 TKH-TB38b-MODUL-USB

Other language versions/interfaces/configurations available on request

Subject to modifications and errors!
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POINTING DEVICES

TECHNICAL DRAWING (in mm)
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