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GETT Gerätetechnik GmbH

Mittlerer Ring 1 | 08233 Treuen | Germany
Tel:  +49 37468 660-0
Fax: +49 37468 660-66
E-Mail: info@gett.de
Internet: www.gett.de

Gett North America LLC

E-Mail: info@gett-na.com
Internet: www.gett-na.com

Gett Asia Ltd.

E-Mail: info@gett-asia.com
Internet: www.gett-asia.com

Cat.No.   Product description Layout
KG24206 TKG-106-IP68-BLACK-USB-DE German
KG22293 TKG-106-IP68-BLACK-USB-US/EU US / EU
Other language versions / Interfaces / configurations available on request.  

ORDER INFORMATION

Cat.No.    Product description 
KH19216 TKH-MOUSE-SCROLL-IP68-BLACK-LASER-USB

SILICONE PC MICE COMPLEMENTARY TO THE KEYBOARD 

FULL SILICONE KEYBOARDS

Subject to modifications and errors

 TKG-106-IP68-BLACK
  InduProof® Smart Classic

gett.de
 gett-group.com

• Silicone keyboard with 106 keys incl. num block
• IP68 protection, can be submerged into liquids
• Can be cleaned with soapy water, disinfectants or other 

cleaning agents
• Flat key profile for easy cleaning

• Comfortable typing
• Ergonomic design
• Individual modifications on demand
• EMC compliant with EN 60601-1-2 Edition 4

Number of keys:  106
Housing type:  desktop housing
Housing material:  silicone
Colour:   black
Keyswitch technology: carbon contacts
Switching cycles:  approx. 2 mill. (per key)
Operating force:  1.5 N
Switch travel:  1.3 mm
Protection level:  IP68

Interface:  USB
USB compatibility:  complies with USB 2.0
Cable length:  2 m
Operating temperature: -25 °C to +75 °C
Storage temperature: -30 °C to +75 °C
Dimensions:  375 x 150 x 11 mm
Weight:   approx. 760 g
Certifications:  CE, RohS, REACH, EMV, FCC
Guarantee:  3 years on the electric function

SPECIFICATION

SPECIAL FEATURES 


