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PTFE, COLOR CODED :
PIN # COLOR
1,11 BLACK
2,12 BROWN
3,13 RED
ACTUAL SIZE 4,14 ORANGE
EXCLUDING WIRE LENGTH 5,15 YELLOW
6,16 GREEN
7 BLUE
. 8 VIOLET
I 9 GRAY
1\ 10 WHITE
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SECTION A-A
NOTES: THIRD ANGLE® &
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