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Rec. | Rec. Date | Modified By Brief Description

})

—A

300ft+3ft

MARING:Cat.8 S/FTP 40G BASE-T 2000MHz 4 PAIRS PVC AWG23 4FT 8FT 12FT 16F

AL-MYLAR FOIL

INSULATION:FOAMED PE Thickness:0.42+0.05mm
0OD=1.47+0.05mm

Jacket :CM PVC Thickness:0.60+0.05mm
0OD=8.0+0.20mm

BRAIDING:AL-MG (16*8/0.12+0.008mm)
CONDUCTOR:[23AWG(1/0.62+0.008mm)BC]*4P
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CABLE

CATS8 S/FTP 4P/23AWG(1/0.62+0.008MM BC) OD=8.0+0.20mm
UNIT

NO.

PART NAME

SPECIFICATION DESCRIPTION QTy

....300FT

1.Physical Characteristic

@ Temperature Rating: 757C

@ \Voltage rating: 300V AC

@ Elongation at conductors: 210%

# Elongation at insulation: 2300%

# Tensile strength of insulation: 216.5MPa

@ Elongation at jacket: 2100%

@ Tensile strength of jacket: 210.3MPa
2.Electrical Characteristics

@ Conductor DC resistance: 73.2Q/KM @ 20C

@ DC Resistance Unbalance: <5%

@ Insulation resistance: 2500MQ/100m

@ Dielectric Test: 500V DC/1min; No Breakdown
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33cm 33cm 2019/12/30 ||SIFTP Cat8 23AWG Solid bulk cable
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