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DATE

06/20/"21

06/18/"21

5045 [2]
10 REF.

P/N

L

PE BAG: PE BAG 1/R

DBC—-25FW-01

305130

6"x8"x0.06MM | 12°x14x0.06MM 1/10

DBC—25FW-05

1525150

6"xB"x0.06MM | 16™18"x0.06MM 1/10

DBC-25fW-10

3050+£50

7"x10"%0.06MM | 16"x18"x0.06MM 1/10

DBC—25FW—25

7625450

B"x10"x0.06MM | 16"x18"x0.06MM 1/5

PIN ASSIGNMENT

P1 P2
—BAK py
o BEROWN  pp
3 —EBEm _____ p3
4 — ORMNGE __ p4
5 —ENK ___ p5
6§ —YELOW _ pg
7 —GREEN _ p7
8 —LIGHT GREEN  pg
g —BUWE  pg
10 —LGHL BLWWE  p1p
11 —EURBLE___ P11

P1 P2

14 -EROWN/BIACK  p14
15 BED/BIACK P15
16 -OBANGF/BIACK  p1g
17 ELLOW/RIACK . P17
18 -GREEN/BIACK  p1g
19 -BLUE/BIACK  p1g
20 -CEAY/BIACK  pog
21 -WHIE/RIACK P21
29 -PINK/BIACK P22
23 -EURPLE/BIACK . p23
24 LIGHT GREEN/BIACK poy
o5 LGHT BUE/BACK pos
S —DRAIN CUT

LABEL: Prop 65 WARNING, 40*15MM

PE BAG: L xW"x0.06MM

HT-TUBE OD:1.5MM, WHITE 15MM

TIE-A BLACK

CARTON: 46x30x25CM

PE BAG: 30"x28"x0.08MM

PE BAG: L"xWx0.06MM

SCREW #4—-40/BLACK

PVC BLACK (UL94-V0)

PVC—IN

D-SUB 25PIN FEMALE, BLACK

UL2464 2BAWG 25C+AD BLACK 0OD:8.0
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Cancer and Reproductive Harm
www.PE5SWarnings.ca.gov

RoHS  US SELLER

Fast Shipping From USA
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MODEL NAME:

DB25S SINGLE CONNECTOR MOLDING
CABLE
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COMPUCABLEPLUS

PROVIDING CONMECTIVITY SOLUTIONS




