Features: Applications:

* [ ow Insertion Loss * Fiber Optic Connection
* High Return Loss e Testing Instrument

® High Stability

Specifications:

SMI1SUPASEIM LD | g <0.3dB <0.3dB
Light Source
InsertionLoss
Optical MM: 0.85um LED Light <03dB NA NA
Performance Source
Sl Burvlselm LD >400B >500B >600B
Light Source
ReturnLoss :
MM: 0.85um LED Light >20dB NA NA
Source
Change ability Connect Randomly <0.2dBA
e e Vibration 5-50Hz,1.5mm Amplitude <0.1dBA
Performance
Tensile Strength 0-15kg Tensile Force <0.1 dBA
Durability 1000Cycles <0.2dBA
High Temperature 85°C,During 100Hours <0.2dBA
Environmental Low Temperature -40°C,During 100Hours <0.2dBA
Performance Temperature Cycle -40~85°C ,During 5Cycles <0.2dBA
256 25~60°C,93%R.H.
Humidity 100HoUrs <0.2dBA
A; Change of Insertion Loss
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