
 

      
 

        Standard PG Step Motors 
 
PG20L-D20-HHC0 
 
 
             Model Specifications 
 
Model: PG20L-D20-HHC0 
Step Angle: 0.198 ° 
Drive Voltage: DC 10.0  V 
Shaft Length: 10mm 

Wire Length: 
300mm fly leads (no 
connector) 

Wire Holder: 90 deg. Left 
Gear Ratio: 1/91 
Electrical: 10V, 350mA 
  Bipolar Constant Current 
  10 ohms, MS70A 
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