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DKS-STRIPPER6MM2-ND
28– 10AWGWire Stripper Tool with Integrated cable cutter

Product highlights:
 Ergonomic wire stripper that reduces hand fatigue and delivers consistent 

wire stripping 
 Stripping length and insulation adjustable
 Long Service Life

Specifications:
Wire Range (mm2): 0.08 mm2 to 6 mm2 cross section
Wire Range (AWG): 28 to 10 AWG
Wire Type: Flexible and solid conductor with PVC insulation
Stripping length max: 20 mm
Packaging: Tool in MSRP packaging

Environmental compliance:
Reach SVHC  Lead 7439-92-1
SCIP  28ab223-64ec-44cfadb0-4dd6ebcae141

Stripper tool physical data:
Depth   19 mm (0.748 inches)
Height    87 mm (3.425 inches)
Width  200 mm (7.874 inches) 
Net Weight 180 grams (6.34 ounces)


