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ECN NO. DATE DESCRIPTION

Cl91866 | 2019/11/06 /K5

C220487 | 2022/04/0] /x4
C230175 | 2023/02/10 NE

Conn.? '
AAkFema\e Conn ‘Ak Male Conn

Male Pin Female Pin

\
Conn. |

Male Conn
Female Pin
Note:
Zﬁk* RoHS Compliant
¥ @DImportant dimension
¥ C1 8 C3
Waterproof rate: [P68, mated Im/Z24h
Housing: Thermoplastic, Black
Pin: Copper alloy, Gold plated
¥ C2
kaWaferproo{ rate: [P68, mated Im/24h
Housing: Thermoplastic, Black
Pin: Copper alloy, Gold plated
O0-Ring: Rubber, Dark Gray
Nut: Thermoplastic, Black
¥ Wire: ULIOIS, [6AWG
* Outer Mold: Thermoplastic, Black
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AB-DC-XXXXXX-HBH-TQOO |

KXXXXX: No. Of

Pin Assignments Front View

Female

Color

Black(®) ‘ Black(®) Black(®)
Red(4) Brown (%) Brown (%)
‘ Yellow(®) Orange (1) Red (#1)
Pin Out Yellow(#) Orange (8)
Conn. | Yellow(®)

Connection Diagram

UNIT: "UACC, XLOK, D-20A, T ADA W/O CB 0.
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TOLERANCE
T W o AB-DC-XXXXXX-HBH-TQOO | Jerry 2019-09-06
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