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Ruru 2019-11-04
      TOLERANCE
 CB-XXBFFA-QL8XP0 Rita 2019-11-041:1 A4     1     1

ALTW Max 2019-11-04C A.1  QC :Inspection item
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REV. ECN NO. DATE SIGN DESCRIPTION

B E191825 2019/11/04 Ruru    X4 

  C   C231135  2023/08/30   Yunchen    x1
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Note:
*    Important Dimension
* Waterproof Rate: IP68, Mated
  IP68 : 1M Depth Of Water In 24hours
* Housing: Thermoplastic, Black
* Pin: Copper Alloy, Gold Plated
* Clamp Ring: Thermoplastic, Black
* Sealing Nut: Thermoplastic, Black
* Seals: Rubber
* One set unassembled in one PE bag

CB-XXBFFA-QL8XP0

04-4 Pin
05-5 Pin
06-6 Pin

S: With Red Color Seal 1, Cable OD 6.0~8.0mm.
M: With Yellow Color Seal 2, Cable OD 8.0~10.0mm.
L: With Blue Color Seal 3, Cable OD 10.0~12.0mm.
A: With Seal 1 & Seal 2 & Seal 3. 
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