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Housing:Nylon+GF, Black

Connector:PBT,

Black

Female Pin:Copper Alloy,Gold Plated.
Ring:Silicone,Light Blue.

Screw:Copper Alloy,Nickel

Plated, #4-40 UNC.

Applicable Wire Range: 24AWG-28AWNG.
@FEEE: 2 4AWG-28AWG .
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