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Shrink Tube *@O Important Dimension To Check

35 0(RCE.) Zﬁki ngegggséf Rote: [P6T

Zﬁl Q§3 mm,Green
Lens Color: Water Clear

Viewing Angle:30°

Absolute Maximum Rating (@25°C);
*Power Disspation: [14mW
*Forward Current(IF): 30mA

*Reverse Voltage(VR): 3V

typ.

)

)
Forward Voltage (VF):typ. 3.3V (@IF=20mA, 25 C)
Luminous Intensity(IV):typ. 10000mcd (@IF=20mA, 25 C)
Internal Current Limiting Resistor: 47C)
Recommended Operating Voltage:DC 4V
‘ LED Holder: Copper Alloy, Nickel Plating
Shrink Tube 0-Ring: EPDM, Black

, Screw Nut: Copper Alloy, Nickel Plating
KON yY Operating Temperature:-40~+80°C
Panel Thickness: 6.5mm max.
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