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ISSUED R&D DEPT. =
B XX:01~99Meters :
01:01Meter Note: =3
02:02Meters * @lmportant Dimension. g
: @* Waterproof Rate: IP68 =
) IPE8: 1M Depth Of Water In 24hours 2
%:99Meters * Housing: Polyurethane, Black %
Cable Length(L):01~99Meters * Female Pin: Copper Alloy, Gold Plated f
MB\* O—ring: Viton, Green =
5 [Blue 18AWG B A\* Nut: Zinc Alloy, Nickel Plated =
4 | white 1s8awGc B A\* Cable: UL20276 ((18#*1P+AL)+(16#*1P+AL))+D+AL+8B,Black, [§
3 Black 18AWG PVC Jacket, UV Resistant, OD=10.0mm =
2 Red 1B6AWG T @* Cable Length Tolerance: 01M:£40mm =
|| 1 | Drain  18AWG HAS 02M~O5M3:|:60mm =
. . - 0B6M~10M:£100mm =
Pin_Assignments | Conn. Wire Color 11M~30M: £200mm =
Front View Pin_Out 31M~99M:£500mm =
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